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CD217 (IL-17Ra) Monoclonal Antibody (PAJ-17R), APC,
eBioscience™

Product Details

Size 100 ug
Species Reactivity Mouse
Published Species Mouse
Host/Isotype Rat / 1gG2a

Recommended Isotype Rat lgG2a kappa Isotype Control (eBR2a), APC, eBioscience™

Control

Class Monoclonal

Type Antibody

Clone PAJ-17R

Conjugate APC

Excitation/Emission 651/660 nm

Max

Form Liquid

Concentration 0.2 mg/mL

Purification Affinity chromatography

Storage buffer PBS, pH 7.2

Contains 0.09% sodium azide

Storage conditions 4°C, store in dark, DO NOT FREEZE!

RRID AB_10597893

Applications Tested Dilution Publications
Flow Cytometry (Flow) 0.25 pgl/test 5 Publications

Product Specific Information

Description: The monoclonal antibody PAJ-17R recognizes mouse IL-17 receptor A (IL-17RA) also known as CD217. This
single transmembrane domain-containing receptor can homo- or heterodimerize with IL-17RC or IL-17RB. IL-17RA binds to IL-
17A, IL-17F(cytokines of the Th 17 lineage), or IL-17E (IL-25). Ligand binding to the single subunit of IL-17RA has been shown
to induce homo- or heterodimerization of the receptor complex that in turn recruits Act-1 via the SEFIR domains leading to
recruitment of TRAF6 and signaling through the NFkappaB and MAPK pathways.

Initial reports suggested ubiquitous expression of IL-17RA based on binding studies with IL-17-Fc and expression of mRNA.
Interestingly, despite this, not all cells expressing the receptor respond to IL-17A. In particular, resting T cells do not respond. It
is not known if the expression level of IL-17RA protein varies or if some cells express the receptor but are not able to activate
downstream signaling events. Recent evidence suggests a more limited expression profile based on IL-17RA knock-out mice
which display decreased numbers of neutrophils with impaired function in response to challenge with K. pneumonia or Candida
albicans. This suggests IL-17RA plays a more dominant and critical role in neutrophil development and function. Our studies
suggest that expression can be found on abundantly on Gr-1~dim population and many of the Gr-1~bright bone marrow cells,
as well as some F4/80 positive cells. This staining with PAJ-17R is not detected in IL-17RA knock-out mice.

Applications Reported: This PAJ-17R antibody has been reported for use in flow cytometric analysis.

Applications Tested: This PAJ-17R antibody has been tested by flow cytometric analysis of mouse bone marrow cells. This can
be used at less than or equal to 0.25 ug per test. A test is defined as the amount (ug) of antibody that will stain a cell sample in
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a final volume of 100 pL. Cell number should be determined empirically but can range from 1075 to 10”8 cells/test. It is
recommended that the antibody be carefully titrated for optimal performance in the assay of interest.

Excitation: 633-647 nm; Emission: 660 nm; Laser: Red Laser.

Filtration: 0.2 um post-manufacturing filtered.

Product Images For CD217 (IL-17Ra) Monoclonal Antibody (PAJ-17R), APC, eBioscience™

CD217 (IL-17Ra) Antibody (17-7182-82) in Flow

Staining of C57BL/6 bone marrow cells with Anti-Mouse Ly-6G (Gr-1) PE
(Product # 12-5931-82) and 0.125 pg of Rat IgG2a kappa Isotype Control APC
(Product # 17-4321-81) (left) or 0.125 pg of Anti-Mouse IL-17 Receptor APC
(right). Total viable cells were used for analysis.
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Nature communications Year
. . . . . . . . 2018
Microbiota-driven interleukin-17-producing cells and eosinophils
synergize to accelerate multiple myeloma progression. Species
"17-7182 was used in Flow cytometry/Cell sorting to study how intestinal microbes influence progression of Mouse
extramucosal tumours."
Authors: Calcinotto A,Brevi A,Chesi M,Ferrarese R,Garcia Perez L,Grioni M,Kumar S,Garbitt VM,Sharik ME,Henderson
KJ,Tonon G,Tomura M,Miwa Y,Esplugues E,Flavell RA,Huber S,Canducci F,Rajkumar VS,Bergsagel PL,Bellone M
PloS one Year
. . 2016
Regulation of Inflammation by IL-17A and IL-17F Modulates Non-
Alcoholic Fatty Liver Disease Pathogenesis. Species
Mouse

"17-7182 was used in Flow cytometry/Cell sorting to indicate that the IL-17 axis also plays a role in a MCDD-induced
model of NAFLD pathogenesis."

Authors: Giles DA,Moreno-Fernandez ME,Stankiewicz TE,Cappelletti M,Huppert SS,Iwakura Y,Dong C,Shanmukhappa
SK,Divanovic S
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For Research Use Only. Not for use in diagnostic procedures. Not for resale without express authorization. Products are warranted to operate or perform substantially in conformance with published Product specifications in effect at the time of sale, as set forth in the Production documentation,
specifications and/or accompanying package inserts ("D "). No claim of suitability for use in applications regulated by FDA is made. The warranty provided herein is valid only when used by properly trained Unless ise stated in the D this warranty is
limited to one year from date of shipment when the Product is subjected to normal, proper and intended usage. This warranty does not extend to anyone other than the Buyer. Any model or sample furnished to Buyer is merely illustrative of the general type and quality of goods and does not
represent that any Product will conform to such model or sample. NO OTHER WARRANTIES, EXPRESS OR IMPLED, ARE GRANTED INCLUDING WITHOUT LIMITATION, IMPLIED WARRANTIES OF MERCHANTABILITY, FITNESS FOR ANY PARTICULAR PURPOSE, OR NON INFRINGEMENT.
BUYER'S EXCLUSIVE REMEDY FOR NON-CONFORMING PRODUCTS DURING THE WARRANTY PERIOD IS LIMITED TO REPAIR, REPLACEMENT OF OR REFUND FOR THE NON-CONFORMING PRODUCT(S) AT SELLER'S SOLE OPTION. THERE IS NO OBLIGATION TO REPAIR, REPLACE OR
REFUND FOR PRODUCTS AS THE RESULT OF (1) ACCIDENT, DISASTER OR EVENT OF FORCE MAJEURE, (If) MISUSE, FAULT OR NEGLIGENCE OF OR BY BUYER, (Ill) USE OF THE PRODUCTS IN A MANNER FOR WHICH THEY WERE NOT DESIGNED, OR (IV) IMPROPER STORAGE AND
HANDLING OF THE PRODUCTS. Unless otherwise expressly stated on the Product or in the documentation accompanying the Product, the Product is intended for research only and is not to be used for any other purpose, including without limitation, unauthorized commercial uses, in vitro
diagnostic uses, ex vivo or in vivo therapeutic uses, or any type of consumption by or application to human or animals.
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