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Catalog # 606-7321-82

TNF alpha Monoclonal Antibody (MP6-XT22), Alexa Fluor™ 660, 
eBioscience™

Product Details

Size 100 µg

Species Reactivity Mouse

Host/Isotype Rat / IgG1, kappa

Recommended Isotype 
Control

Rat IgG1 kappa Isotype Control (eBRG1), Alexa Fluor™ 660, eBioscience™

Class Monoclonal

Type Antibody

Clone MP6-XT22

Conjugate Alexa Fluor™ 660

Excitation/Emission 
Max

663/691 nm

Form Liquid

Concentration 0.2 mg/mL

Purification Affinity chromatography

Storage buffer PBS, pH 7.2

Contains 0.09% sodium azide

Storage conditions 4° C, store in dark, DO NOT FREEZE!

RRID AB_2896304

Applications Tested Dilution Publications

Flow Cytometry (Flow) 0.25 µg/test -

Product Specific Information

Description: The MP6-XT22 antibody reacts with mouse tumor necrosis factor-alpha (TNF alpha), a 17 kDa cytokine produced 
by monocytes, macrophages, neutrophils, NK cells and CD4(+) T cells. TNF alpha has cytolytic activity against a range of 
tumor cells and is important in immune regulation. TNF alpha forms dimers and trimers and also exists as a 26 kDa membrane-
bound form.

Applications Reported: This MP6-XT22 antibody has been reported for use in intracellular staining followed by flow cytometric 
analysis.

Applications Tested: This MP6-XT22 antibody has been tested by intracellular staining followed by flow cytometric analysis of 
stimulated mouse splenocytes using the Intracellular Fixation & Permeabilization Buffer Set (Product # 88-8824-00) and 
protocol. Please refer to "Staining Intracellular Antigens for Flow Cytometry, Protocol A: Two step protocol for intracellular 
(cytoplasmic) proteins" located at Flow Protocols. This may be used at less than or equal to 0.25 µg per test. A test is defined 
as the amount (µg) of antibody that will stain a cell sample in a final volume of 100 µL. Cell number should be determined 
empirically but can range from 10^5 to 10^8 cells/test. It is recommended that the antibody be carefully titrated for optimal 
performance in the assay of interest.

Alexa Fluor 660 emits at 690 nm and is intended for use on spectral cytometers where it may be multiplexed with APC, Alexa 
Fluor 647 and Alexa Fluor 700.

Excitation: 662 nm; Emission: 690 nm; Laser: Red Laser
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Product Images For TNF alpha Monoclonal Antibody (MP6-XT22), Alexa Fluor™ 660, eBioscience™

TNF alpha Antibody (606-7321-82) in Flow
BALB/c mouse splenocytes were unstimulated (left) or stimulated for 5 hours with 
the Cell Stimulation Cocktail (plus protein transport inhibitors) (Product # 00-4975-
03) (right). Cells were then stained intracellularly, using the Intracellular Fixation 
& Permeabilization Buffer Set (Product # 88-8824-00) and protocol, with CD4 
Monoclonal Antibody, eFluor 450 (Product # 48-0042-82) and 0.125 µg of TNF 
alpha Monoclonal Antibody, Alexa Fluor 660. Viable cells in the lymphocyte gate 
were used for analysis, as determined by Fixable Viability Dye eFluor 780 
(Product # 65-0865-18). This data was collected on a 5-laser Cytek Aurora full 
spectral cytometer.
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