
 1Support (US): 1 800 955 6288
Support (Outside US): thermofisher.com/contactus
E-mail: CustomerCare@thermofisher.com

Catalog # MA1-91128

N-cadherin Monoclonal Antibody (CH-19)

Product Details

Size 100 µL

Species Reactivity Bovine, Dog, Chicken, Cat, Guinea pig, Goat, Hamster, Human, Mouse, Sheep, Pig, Rabbit, Reptile, 
Rat

Published Species Mouse, Horse

Host/Isotype Mouse / IgG1

Class Monoclonal

Type Antibody

Clone CH-19

Conjugate Unconjugated

Immunogen synthetic peptide DYDYLNDWGPRFKKLADMYGGGDD conjugated to KLH, corresponding to amino 
acids 889-912 of Chicken N-Cadherin (cdh2).

Form Liquid

Concentration 6.8 mg/mL

Storage buffer Ascites

Contains 15mM sodium azide

Storage conditions Store at 4°C short term. For long term storage, store at -20°C, avoiding freeze/thaw cycles.

RRID AB_1958717

Applications Tested Dilution Publications

Western Blot (WB) 1:500 2 Publications

Immunohistochemistry (IHC) - 1 Publication

Immunohistochemistry (Paraffin) (IHC (P)) 1:500 -

Immunocytochemistry (ICC/IF) 1:500 1 Publication

Product Specific Information

Recommended positive controls: MDBK.

Store product as a concentrated solution. Centrifuge briefly prior to opening the vial.
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Product Images For N-cadherin Monoclonal Antibody (CH-19)

N-cadherin Antibody (MA1-91128) in WB
Western Blot analysis of N-cadherin was performed by loading (1) C2C12 (2) 
HeLa (3) NIH-3T3 (4) MDBK (5) COS-7 cell lysates. Proteins were transferred to 
a membrane and probed with a N-cadherin Monoclonal Antibody (CH-19) 
(Product # MA1-91128) at a dilution of 1:1,000..

N-cadherin Antibody (MA1-91128)
Antibody specificity was demonstrated by showing that antibodies raised against 
the same target protein perform similarly. Immunofluorescence of N-cadherin 
using N-cadherin Monoclonal Antibody (CH-19) (Product # MA1-91128) 
performed along with another N-cadherin antibody (Product # MA1-159) shows 
similar localization pattern in SH-SY5Y cells. {IAV}

N-cadherin Antibody (MA1-91128) in ICC/IF
Immunofluorescence analysis of N-cadherin was performed using 90% confluent 
log phase SH-SY5Y cells. The cells were fixed with 4% paraformaldehyde for 10 
minutes, permeabilized with 0.1% Triton™ X-100 for 15 minutes, and blocked 
with 1% BSA for 1 hour at room temperature. The cells were labeled with N-
cadherin Monoclonal Antibody (CH-19) (Product # MA1-91128) at 1:250 dilution 
in 0.1% BSA, incubated at 4 degree Celsius overnight and then labeled with Goat 
anti-Mouse IgG (H+L) Superclonal™ Secondary Antibody, Alexa Fluor® 488 
conjugate (Product # A28175) at a dilution of 1:2000 for 45 minutes at room 
temperature (Panel a: green). Nuclei (Panel b: blue) were stained with 
SlowFade® Gold Antifade Mountant with DAPI (Product # S36938). F-actin 
(Panel c: red) was stained with Rhodamine Phalloidin (Product # R415, 1:300). 
Panel d represents the merged image showing membranous localization. Panel e 
represents control cells with no primary antibody to assess background. The 
images were captured at 60X magnification.

View more figures on thermofisher.com
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Year
2020

Species
Mouse

Developmental biology

ShapeMetrics: A userfriendly pipeline for 3D cell segmentation and 
spatial tissue analysis.
"MA1-91128 was used in Immunocytochemistry to produce ShapeMetrics, a MATLAB-based script that segments cells 
in 3D and, by performing unbiased clustering using a heatmap, separates the cells into subgroups according to their 
volumetric and morphological differences."

 Takko H,Pajanoja C,Kurtzeborn K,Hsin J,Kuure S,Kerosuo LAuthors:

Year
2019

Species
Horse

Veterinary dermatology

Epithelial-to-mesenchymal transition and keratinocyte differentiation in 
equine experimental body and limb wounds healing by second intention.
"MA1-91128 was used in Immunohistochemistry to investigate keratinocyte differentiation and EMT in equine 
experimental excisional limb and body wounds healing by second intention."

 Jørgensen E,Pirone A,Jacobsen S,Miragliotta VAuthors:

Year
2017

Species
Mouse

Glia

ST8SIA2 promotes oligodendrocyte differentiation and the integrity of 
myelin and axons.
"MA191128 was used in western blot to explore how ST8SIA2-mediated polysialylation influences oligodendrocyte 
differentiation and schizophrenia"

 Szewczyk LM,Brozko N,Nagalski A,Röckle I,Werneburg S,Hildebrandt H,Wisniewska MB,Kuznicki JAuthors:

Year
2022

Cancer science

Deubiquitinase ubiquitin-specific peptidase 10 maintains cysteine rich 
angiogenic inducer 61 expression via Yes1 associated transcriptional 
regulator to augment immune escape and metastasis of pancreatic 
adenocarcinoma.
"Published figure using N-cadherin monoclonal antibody (Product # MA1-91128) in Western Blot"

 Liu X,Chen B,Chen J,Su Z,Sun SAuthors:
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For Research Use Only. Not for use in diagnostic procedures. Not for resale without express authorization. Products are warranted to operate or perform substantially in conformance with published Product specifications in effect at the time of sale, as set forth in the Production documentation, 

specifications and/or accompanying package inserts ("Documentation"). No claim of suitability for use in applications regulated by FDA is made. The warranty provided herein is valid only when used by properly trained individuals. Unless otherwise stated in the Documentation, this warranty is 

limited to one year from date of shipment when the Product is subjected to normal, proper and intended usage. This warranty does not extend to anyone other than the Buyer. Any model or sample furnished to Buyer is merely illustrative of the general type and quality of goods and does not 

represent that any Product will conform to such model or sample. NO OTHER WARRANTIES, EXPRESS OR IMPLED, ARE GRANTED INCLUDING WITHOUT LIMITATION, IMPLIED WARRANTIES OF MERCHANTABILITY, FITNESS FOR ANY PARTICULAR PURPOSE, OR NON INFRINGEMENT. 

BUYER'S EXCLUSIVE REMEDY FOR NON-CONFORMING PRODUCTS DURING THE WARRANTY PERIOD IS LIMITED TO REPAIR, REPLACEMENT OF OR REFUND FOR THE NON-CONFORMING PRODUCT(S) AT SELLER'S SOLE OPTION. THERE IS NO OBLIGATION TO REPAIR, REPLACE OR 

REFUND FOR PRODUCTS AS THE RESULT OF (I) ACCIDENT, DISASTER OR EVENT OF FORCE MAJEURE, (II) MISUSE, FAULT OR NEGLIGENCE OF OR BY BUYER, (III) USE OF THE PRODUCTS IN A MANNER FOR WHICH THEY WERE NOT DESIGNED, OR (IV) IMPROPER STORAGE AND 

HANDLING OF THE PRODUCTS. Unless otherwise expressly stated on the Product or in the documentation accompanying the Product, the Product is intended for research only and is not to be used for any other purpose, including without limitation, unauthorized commercial uses, in vitro 

diagnostic uses, ex vivo or in vivo therapeutic uses, or any type of consumption by or application to human or animals.


