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Catalog # MA5-13548

CD81 Monoclonal Antibody (1.3.3.22)

Product Details

Size 500 µL

Species Reactivity Human, Rat

Published Species Rat, Human

Host/Isotype Mouse / IgG1, kappa

Class Monoclonal

Type Antibody

Clone 1.3.3.22

Conjugate Unconjugated

Immunogen B cell line derived from a Burkitt lymphoma

Form Liquid

Concentration 0.2 mg/mL

Purification Protein A/G

Storage buffer PBS, pH 7.4, with 0.05% BSA

Contains 0.05% sodium azide

Storage conditions 4° C

RRID AB_10987151

Applications Tested Dilution Publications

Western Blot (WB) 1:100-1:500 17 Publications

Immunohistochemistry (Frozen) (IHC (F)) Assay-dependent -

Immunocytochemistry (ICC/IF) 1:10-1:100 2 Publications

Flow Cytometry (Flow) Assay-dependent 1 Publication

Functional Assay (FN) Assay-dependent -

Product Specific Information

MA5-13548 targets CD81 in WB, FACS, FN, ICC/IF, and IHC (F) applications and shows reactivity with Human and Rat 
samples. 

The MA5-13548 immunogen is b cell line derived from a Burkitt lymphoma.
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Product Images For CD81 Monoclonal Antibody (1.3.3.22)

CD81 Antibody (MA5-13548) in IHC (F)
Frozen human tonsil stained with CD81 antibody using peroxidase-conjugate and 
AEC chromogen. Note cell membrane staining of lymphocytes.

CD81 Antibody (MA5-13548)
IP-MS enrichment of CD81 (LFQ intensity): CD81 was enriched 1611-fold from 
HCT116 lysate compared to background proteins, using the optimized IP-MS 
workflow with Pierce MS-Compatible Magnetic IP Kit protein A/G (Product # 
90409) and CD81 antibody (Product # MA5-13548). The STRING database 
(www.string-db.org) was used to identify the protein interactor list. See more 
information on IP-MS verification of antibody selectivity. {IP-MS}

CD81 Antibody (MA5-13548) in ICC/IF
Immunofluorescent analysis of CD81 (green) showing staining in the membrane 
of U-87 MG cells (right) compared to a negative control without primary antibody 
(left). Formalin-fixed cells were permeabilized with 0.1% Triton X-100 in TBS for 
5-10 minutes and blocked with 3% BSA-PBS for 30 minutes at room 
temperature. Cells were probed with a CD81 monoclonal antibody (Product # 
MA5-13548) in 3% BSA-PBS at a dilution of 1:20 and incubated overnight at 4 ºC 
in a humidified chamber. Cells were washed with PBST and incubated with a 
DyLight-conjugated secondary antibody in PBS at room temperature in the dark. 
F-actin (red) was stained with a fluorescent red phalloidin and nuclei (blue) were 
stained with Hoechst or DAPI. Images were taken at a magnification of 60x.

View more figures on thermofisher.com
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Year
2017

Species
Human

Dilution
1:500

Aging

Exosomal microRNAs derived from colorectal cancer-associated 
fibroblasts: role in driving cancer progression.
"MA5-13548 was used in Western Blotting to identify and characterise exosomal microRNAs as mediators of stromal-
tumour signalling."

 Bhome R,Goh RW,Bullock MD,Pillar N,Thirdborough SM,Mellone M,Mirnezami R,Galea D,Veselkov K,Gu Q,Authors:
Underwood TJ,Primrose JN,De Wever O,Shomron N,Sayan AE,Mirnezami AH

Year
2019

Species
Human

Dilution
1:100

mBio

JC Polyomavirus Uses Extracellular Vesicles To Infect Target Cells.
"MA5-13548 was used in Western Blotting to study the mechanism of human JC polyomavirus infection in vivo."

 Morris-Love J,Gee GV,O'Hara BA,Assetta B,Atkinson AL,Dugan AS,Haley SA,Atwood WJAuthors:

Year
2023

Species
Rat

Dilution
1:250

Frontiers in cellular neuroscience

Protein content of blood-derived extracellular vesicles: An approach to 
the pathophysiology of cerebral hemorrhage.
"Published figure using CD81 monoclonal antibody (Product # MA5-13548) in Western Blot"

 Laso-García F,Piniella D,Gómez-de Frutos MC,Casado-Fernández L,Pérez-Mato M,Alonso-López E,Otero-Authors:
Ortega L,Bravo SB,Chantada-Vázquez MDP,Trilla-Fuertes L,Fresno-Vara JÁ,Fuentes B,Díez-Tejedor E,Gutiérrez-
Fernández M,Alonso De Leciñana M

Year
2023

Neural regeneration research

Exosomal miR-23b from bone marrow mesenchymal stem cells 
alleviates oxidative stress and pyroptosis after intracerebral 
hemorrhage.
"Published figure using CD81 monoclonal antibody (Product # MA5-13548) in Western Blot"

 Hu LT,Wang BY,Fan YH,He ZY,Zheng WXAuthors:

 20 References

Western Blot (17)

View more WB references on thermofisher.com

Immunocytochemistry (2)

More applications with references on thermofisher.com

Flow (1)

For Research Use Only. Not for use in diagnostic procedures. Not for resale without express authorization. Products are warranted to operate or perform substantially in conformance with published Product specifications in effect at the time of sale, as set forth in the Production documentation, 

specifications and/or accompanying package inserts ("Documentation"). No claim of suitability for use in applications regulated by FDA is made. The warranty provided herein is valid only when used by properly trained individuals. Unless otherwise stated in the Documentation, this warranty is 

limited to one year from date of shipment when the Product is subjected to normal, proper and intended usage. This warranty does not extend to anyone other than the Buyer. Any model or sample furnished to Buyer is merely illustrative of the general type and quality of goods and does not 

represent that any Product will conform to such model or sample. NO OTHER WARRANTIES, EXPRESS OR IMPLED, ARE GRANTED INCLUDING WITHOUT LIMITATION, IMPLIED WARRANTIES OF MERCHANTABILITY, FITNESS FOR ANY PARTICULAR PURPOSE, OR NON INFRINGEMENT. 

BUYER'S EXCLUSIVE REMEDY FOR NON-CONFORMING PRODUCTS DURING THE WARRANTY PERIOD IS LIMITED TO REPAIR, REPLACEMENT OF OR REFUND FOR THE NON-CONFORMING PRODUCT(S) AT SELLER'S SOLE OPTION. THERE IS NO OBLIGATION TO REPAIR, REPLACE OR 

REFUND FOR PRODUCTS AS THE RESULT OF (I) ACCIDENT, DISASTER OR EVENT OF FORCE MAJEURE, (II) MISUSE, FAULT OR NEGLIGENCE OF OR BY BUYER, (III) USE OF THE PRODUCTS IN A MANNER FOR WHICH THEY WERE NOT DESIGNED, OR (IV) IMPROPER STORAGE AND 

HANDLING OF THE PRODUCTS. Unless otherwise expressly stated on the Product or in the documentation accompanying the Product, the Product is intended for research only and is not to be used for any other purpose, including without limitation, unauthorized commercial uses, in vitro 

diagnostic uses, ex vivo or in vivo therapeutic uses, or any type of consumption by or application to human or animals.


