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MEF2C Polyclonal Antibody
Catalog Number PA5-34581 Product data sheet

Details

Size 100 µg

Host/Isotope Rabbit / IgG

Class Polyclonal

Type Antibody

Immunogen

Synthetic peptide conjugated to 
KLH derived from within residues 
450 to the C-terminus of Human 
MEF2C.

Conjugate Unconjugated

Form Liquid

Concentration 1 mg/mL

Storage Conditions
Store at 4°C short term. For long 
term storage, store at -20°C, 
avoiding freeze/thaw cycles.

Tested Applications Dilution *

Flow Cytometry (Flow) Assay-Dependent

Immunohistochemistry (Frozen) 
(IHC (F))

1:300

Immunohistochemistry (Paraffin) 
(IHC (P))

1 µg/mL

Western Blot (WB) 1 µg/mL

Immunocytochemistry (ICC/IF) 5 µg/mL

 Suggested working dilutions are given as a guide only. It is recommended that the user titrate the product for use in their own *

experiment using appropriate negative and positive controls.

Product specific information

Heat mediated antigen retrieval recommended prior to tissue staining. This antibody is predicted to react with cow, pig and zebrafish based on 
sequence homology. 

Background/Target Information

MEF2C is a transcription activator which binds specifically to the MEF2 element present in the regulatory regions of many muscle-specific genes. 
Controls cardiac morphogenesis and myogenesis, and is also involved in vascular development. Plays an essential role in hippocampal-dependent 
learning and memory by suppressing the number of excitatory synapses and thus regulating basal and evoked synaptic transmission. Crucial for normal 
neuronal development, distribution, and electrical activity in the neocortex. Necessary for proper development of megakaryocytes and platelets and for 
bone marrow B lymphopoiesis. Required for B-cell survival and proliferation in response to BCR stimulation, efficient IgG1 antibody responses to T-cell-
dependent antigens and for normal induction of germinal center B cells. May also be involved in neurogenesis and in the development of cortical 
architecture. Isoform 3 and isoform 4, which lack the repressor domain, are more active than isoform 1 and isoform 2.
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