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MRP4 Polyclonal Antibody
Catalog Number PA5-18315 Product data sheet

Details

Size 100 µg

Host/Isotope Goat / IgG

Class Polyclonal

Type Antibody

Immunogen

Synthetic peptide sequence 
(CNGQPSTLTIFETAL) 
corresponding to the C-terminus 
amino acids of ABCC4

Conjugate Unconjugated

Form Liquid

Concentration 0.5 mg/mL

Purification Ammonium sulfate precipitation

Storage buffer TBS, pH 7.3, with 0.5% BSA

Contains 0.02% sodium azide

Storage Conditions -20° C, Avoid Freeze/Thaw Cycles

Species Reactivity
Species reactivity Human

Published species Human, Not Applicable

Tested Applications Dilution *

Immunohistochemistry (Paraffin) 
(IHC (P))

4-6 µg/mL

Published Applications   

Western Blot (WB) See 1 publications below

 Suggested working dilutions are given as a guide only. It is recommended that the user titrate the product for use in their own *

experiment using appropriate negative and positive controls.

Product specific information

This antibody is predicted to react with mouse based on sequence homology. This antibody is tested in Peptide ELISA: antibody detection limit dilution 
32,000. 

Background/Target Information

The protein encoded by this gene is a member of the superfamily of ATP-binding cassette transporters. ABC proteins transport various molecules 
across extra- and intra-cellular membranes. ABC genes are divided into seven distinct subfamilies. This protein is a member of the MRP subfamily 
which is involved in multi-drug resistance. The specific function of this protein has not yet been determined; however, this protein may play a role in 
cellular detoxification as a pump for its substrate, organic anions. Alternative splicing results in multiple splice variants encoding different isoforms.
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Product Images For MRP4 Polyclonal Antibody

MRP4 Antibody (PA5-18315) in IHC (P)
Immunohistochemistry (PFA fixed) analysis of MRP4 using MRP4 Polyclonal Antibody (Product # PA5-18315) (4 µg
/mL) in staining of paraffin embedded Human Prostate. Steamed antigen retrieval with citrate buffer pH 6, HRP-
staining.
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PubMed References For MRP4 Polyclonal Antibody

1 Western Blot References

Species / Dilution Summary

Human / Not Cited

PA5-18315 was used in Western Blotting to indicate that the ALDH inhibitors DSF and ITCs are potential adjuvants of 
cisplatin chemotherapy.

International journal of molecular sciences ( 2022; 23: ) 
"Isothiocyanates (ITCs) 1-(Isothiocyanatomethyl)-4-phenylbenzene and 1-Isothiocyanato-3,5-bis(trifluoromethyl)
benzene-Aldehyde Dehydrogenase (ALDH) Inhibitors, Decreases Cisplatin Tolerance and Migratory Ability of 

 NSCLC."
Author(s):Kryczka J,Kryczka J,Janczewski ,Gajda A,Frczyk A,Boncela J,Kolesiska B,Brzeziaska-Lasota E 
PubMed Article URL:http://dx.doi.org/10.3390/ijms23158644
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