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PAR4 Polyclonal Antibody
Catalog Number PA1-755 Product data sheet

Details

Size 200 µg

Host/Isotope Rabbit / IgG

Class Polyclonal

Type Antibody

Immunogen
Synthetic Peptide: C E(322) Q L K 
Q E N K T L L K V V G Q L T R(340)

Conjugate Unconjugated

Form Liquid

Concentration 1 mg/mL

Purification Antigen affinity chromatography

Storage buffer PBS with 1mg/mL BSA

Contains 0.05% sodium azide

Storage Conditions -20° C, Avoid Freeze/Thaw Cycles

Species Reactivity
Species reactivity Human, Rat

Published species Not Applicable

Tested Applications Dilution *

Western Blot (WB) 2 µg/mL

Published Applications   

Miscellaneous PubMed (Misc) See 2 publications below

 Suggested working dilutions are given as a guide only. It is recommended that the user titrate the product for use in their own *

experiment using appropriate negative and positive controls.

Product specific information

PA1-755 detects prostate apoptosis response protein (Par-4) from human and rat tissues. PA1-755 has been sucessfully used in Western blot 
procedures. By Western blot, this antibody detects an ~40 kDa protein representing Par-4 in AT-3 cell extract. In Western blots of rat tissue extracts, 
including testes, spleen, ovary, lung, and skeletal muscle, ~40 kDa and ~38 kDa proteins representing Par-4 are detected. In Western blots of T47D cell 
extracts, an ~40 kDa protein representing Par-4 and a smaller ~20 kDa unknown protein is detected. PA1-755 immunizing peptide corresponds to 
amino acids residues 322-340 from human Par-4. PA1-755 immunizing peptide (Cat. # PEP-060) is available for use in neutralization and control 
experiments. 

Background/Target Information

This gene encodes a tumor suppressor protein that selectively induces apoptosis in cancer cells through intracellular and extracellular mechanisms. The 
intracellular mechanism involves the inhibition of pro-survival pathways and the activation of Fas-mediated apoptosis, while the extracellular mechanism 
involves the binding of a secreted form of this protein to glucose regulated protein 78 (GRP78) on the cell surface, which leads to activation of the 
extrinsic apoptotic pathway. This gene is located on the unstable human chromosomal 12q21 region and is often deleted or mutated different tumors. 
The encoded protein also plays an important role in the progression of age-related diseases.

For Research Use Only. Not for use in diagnostic procedures. Not for resale without express authorization.

http://www.thermofisher.com/contactus


thermofisher.com/contactusThermo Fisher Scientific
3747 N. Meridian Road
Rockford, IL 61105 USA

For Research Use Only. Not for use in diagnostic procedures. Not for resale without express authorization.

Products are warranted to operate or perform substantially in conformance with published Product specifications in effect at the time of sale, as set forth in the Production documentation, specifications and/or accompanying package inserts ("Documentation"). No claim of suitability for use in applications regulated by FDA is made. The 
warranty provided herein is valid only when used by properly trained individuals. Unless otherwise stated in the Documentation, this warranty is limited to one year from date of shipment when the Product is subjected to normal, proper and intended usage. This warranty does not extend to anyone other than the Buyer. Any model or sample 
furnished to Buyer is merely illustrative of the general type and quality of goods and does not represent that any Product will conform to such model or sample.

NO OTHER WARRANTIES, EXPRESS OR IMPLED, ARE GRANTED INCLUDING WITHOUT LIMITATION, IMPLIED WARRANTIES OF MERCHANTABILITY, FITNESS FOR ANY PARTICULAR PURPOSE, OR NON INFRINGEMENT. BUYER'S EXCLUSIVE REMEDY FOR NON-CONFORMING PRODUCTS DURING THE WARRANTY 
PERIOD IS LIMITED TO REPAIR, REPLACEMENT OF OR REFUND FOR THE NON-CONFORMING PRODUCT(S) AT SELLER'S SOLE OPTION. THERE IS NO OBLIGATION TO REPAIR, REPLACE OR REFUND FOR PRODUCTS AS THE RESULT OF (I) ACCIDENT, DISASTER OR EVENT OF FORCE MAJEURE, (II) MISUSE, 
FAULT OR NEGLIGENCE OF OR BY BUYER, (III) USE OF THE PRODUCTS IN A MANNER FOR WHICH THEY WERE NOT DESIGNED, OR (IV) IMPROPER STORAGE AND HANDLING OF THE PRODUCTS. Unless otherwise expressly stated on the Product or in the documentation accompanying the Product, the Product is intended 
for research only and is not to be used for any other purpose, including without limitation, unauthorized commercial uses, in vitro diagnostic uses, ex vivo or in vivo therapeutic uses, or any type of consumption by or application to human or animals.

Product Images For PAR4 Polyclonal Antibody

PAR4 Antibody (PA1-755) in WB
Western blot of Par-4 on rat spleen extract using Product # PA1-755.
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PubMed References For PAR4 Polyclonal Antibody

2 Miscellaneous PubMed References

Species / Dilution Summary

Not Applicable / Not Cited

PA1-755 was used in immunohistochemistry, western blot and immunocytochemistry to investigate the role of Par-4 in 
neuronal degeneration with respect to Alzheimer disease

Nature medicine (Aug 1998; 4: 957) 
 "Par-4 is a mediator of neuronal degeneration associated with the pathogenesis of Alzheimer disease."

Author(s):Guo Q,Fu W,Xie J,Luo H,Sells SF,Geddes JW,Bondada V,Rangnekar VM,Mattson MP 
PubMed Article URL:http://dx.doi.org/10.1038/nm0898-957

Not Applicable / Not Cited

PA1-755 was used in immunoprecipitation and western blot to investigate the effect of par-4 on WT1 transcription

Molecular and cellular biology (Dec 1996; 16: 6945) 
"A novel repressor, par-4, modulates transcription and growth suppression functions of the Wilms' tumor 

 suppressor WT1."
Author(s):Johnstone RW,See RH,Sells SF,Wang J,Muthukkumar S,Englert C,Haber DA,Licht JD,Sugrue SP,Roberts T,
Rangnekar VM,Shi Y 
PubMed Article URL:http://dx.doi.org/10.1128/MCB.16.12.6945
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